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INTRODUCING

LUMAWISE 
ENDURANCE N 
ENHANCED BASE
• Standard NEMA/ANSI Streetlight Interface 

• Universal AC Input Range

APPLICATIONS
• Street and roadway lighting control 
• Commercial, residential and campus 

outdoor lighting management 
• Smart cities network lighting controls 

• Smart grid to smart cities bridging

KEY BENEFITS
• Isolated 24V DC Output for ballast 

control communications 
• Isolated 5V and 3.3V DC outputs for customer circuits 
• Low voltage signal interface to LED light fixture 
• Integrated over current and surge protection 
• Long life relay with zero-cross 

switching for AC load control
• Designed for compliance with UL 773, ANSI 

C136.41 and FCC Title 47 part 15

STANDARDS & SPECIFICATIONS
• Application Specification: 114-133085
• Product Specification: 108-133085

TE Connectivity (TE) LUMAWISE Endurance N enhanced base is a is a network lighting control (NLC) base assembly 
which provides AC power switching and DC power supplies necessary for complex network lighting control solutions, 
creating a platform to de-risk project schedules and cost of design changes of NEMA/ANSI street and outdoor network 
lighting control solutions.

ELECTRICAL
• Parameter

• Input Voltage Range: 90-300 VAC for 110/120, 
230/240 and 277 VAC nominal sources

• Input Frequency: 47-63 Hz for 50/60 Hz nominal sources
• Maximum AC current: 5A based upon the relay ratings

• DC Power Supplies
• Dimming: 24 VDC at 50 mA maximum
• Communications: 5 VDC at 1000 mA maximum
• Auxiliary: 3.3 VDC at 500 mA maximum
• Surge Protection: ANSI C62.41 6 kV, 3 kA 

combination wave surge protection
• Power Consumption: <1W @ 120VAC, < 2W @ 277 VAC

• Fail Mode*: On or Off

MATERIALS
• Housing: PBT
• Dimming Contacts: Copper alloy gold plated
• Power Contacts: Copper alloy tin plated
• Gasket: Vinyl-nitrile foam
• O-Ring: Silicone rubber
• RoHS compliant

ENVIRONMENTAL
• Operating temperature: -40°C to +85°C
• Relative humidity:

• Operating: 15% to 96% Non-condensing environment
• Altitude

• Operating: -15M to +2,000M
• Non-Operating: -15M to +14,000M

LEARN MORE
LUMAWISE Endurance N Landing Page
LUMAWISE Endurance N Parts List
LUMAWISE Endurance N Flyer

LUMAWISE Endurance N Presentation
LUMAWISE Street Light Dimming & Control QGR
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